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ACCESORIES INCLUDED
Programming software
Programming cable

OPTIONAL ACCESSORIES
Power Supply (Required for Drive Operation):
Recommended: OMPS150A24, 24 Vdc, 6.3 A
Multi-Axis Systems:
Hub 444: Network up to 4 drives
Operator Interface:
MMI-01: Stand-alone operation

OMPS150A24, $180,
shown smaller than
actual size. See page D-
37 for details

HUB 444 with DIN rail, $320
shown smaller than actual
size. See page D-34 for details.

Program using 
the Si Simple Indexer software
or the SCL command language

Software
Free with
purchase!

Si ProgrammerTM

Dimensions: mm (in)
Ø = diameter

MMI-01, $695,
shown smaller

than actual
size. See page

D-36 for details.
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MODEL NO. PRICE DESCRIPTION
1240i $360 Programmable step motor indexer drive

To Order (Specify Model Number) AVAILABLE FOR FAST DELIVERY!

HOLDING TORQUE RATED RATED RESISTANCE INDUCTANCE ROTOR INERTIA 
MODEL NO. PRICE g-cm (oz-in) VOLTAGE (V) CURRENT (A) OHMS MH g-cm2 (oz-in2)
NEMA 11 STEP MOTOR SPECIFICATIONS (RATINGS ARE WITH MOTOR CONNECTED IN PARALLEL)
OMHT11-013 $130 1080 (15) 2.0 1.0 2.0 2.6 18 (0.098)
NEMA 14 STEP MOTOR SPECIFICATIONS (RATINGS ARE WITH MOTOR CONNECTED IN PARALLEL)
OM5014-842 $86 1872 (26) 4.8 1.0 4.3 5.5 208 (0.109)
NEMA 17 STEP MOTOR SPECIFICATIONS (RATINGS ARE WITH MOTOR CONNECTED IN PARALLEL)
OMHT17-075 $90 4522 (62.8) 2.8 1.7 1.7 3.0 68 (0.37)
NEMA 23 STEP MOTOR SPECIFICATIONS (RATINGS ARE WITH MOTOR CONNECTED IN PARALLEL)
OMHT23-393 $110 5516 (76.6) 3.7 1.41 2.69 5.4 120 (0.66)

Ordering Example: 1240i, Programmable step motor drive, $360.

RECOMMENDED MOTORS FOR 1240i

Ordering Example: OMHT23-393, high torque step motor with 76.6 oz-in holding torque, $110.
See pages D-7 through 10 for additional stepper motor information.
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TORQUE-SPEED CURVES FOR RECOMMENDED MOTORS

MODEL NO. PRICE DESCRIPTION
OMPS150A24 $180 Stepper drive power supply, 24 Vdc, 6.3 A
OM-CONV-USB 15 USB to RS232 interface converter

ACCESSORIES

Order motors
separately, 
see below 
for details


