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To Order (Specify Model Number) MOST POPULAR MODELS LISTED!

To Order (Specify Model Number)

Standard Sensor Blocks

TERMINAL MODEL NO. PRICE MODEL NO. PRICE
Gray, pkg of 25 OMTBV7-WTF3-25 $154.00 OMTBV7-WTS3-25 $146.00
ACCESSORIES
End Barrier, pkg of 25 OMTBV7-EBTF3-25 $31.00 OMTBV7-EBTS3-25 $31.00
End Anchors
-50 (pkg of 50)
-10 (pkg of 10)
Screw Type—Normal Duty OMTBV7-EA35-50 55.00 OMTBV7-EA35-50 55.00
Screw Type—Heavy Duty OMTBV7-EAH35-10 44.00 OMTBV7-EAH35-10 44.00

DIN rail, 35 x 7.5 mm x 2 m, slotted XBANS3575P 9.00 XBANS3575P 9.00
DIN rail, 35 x 7.5 mm x 2 m, solid XBANS3575U 9.30 XBANS3575U 9.30
DIN rail, 35 x 15 mm x 2 m, slotted XBANS3515P 17.00 XBANS3515P 17.00
DIN rail, 35 x 15 mm x 2 m, solid XBANS3515U 17.00 XBANS3515U 17.00
Blank marking tags,
5 x 9 mm, cards of 100 OMTBV7-SM5X9 8.00 OMTBV7-SM5X9 8.00
Pre-printed marking tabs,
single digit (0...9), sticks of 10 OMTBV7-MP5 3.00 OMTBV7-MP5 3.00
JUMPERS (PKG OF 5 OR 10)
Side Jumper – 10-pole Insulated OMTBV7-SJT5-20-R-10 $46.70 OMTBV7-SJT5-20-R-10 $46.70
Center Jumper – 50-pole OMTBV7-CJT5-50-5 131.00 OMTBV7-CJT5-50-5 131.00
Center Jumper – 10-pole OMTBV7-CJT5-10-10 62.00 OMTBV7-CJT5-10-10 62.00
Center Jumper Link OMTBV7-CJL5-10 9.00 OMTBV7-CJL5-10 9.00
SPECIFICATIONS OMTBV7-WTF3-25 OMTBV7-WTS3-25
Approvals
Voltage Rating (AC/DC) 300V 300V 500V 300V 300V 500V
Maximum Current 10 A 10 A 24 A 10 A 10 A 24 A
Wire Range #26 to 26 to 0.5 to #26 to #26 to 0.5 to
(Rated Cross Section) #14 AWG #14 AWG 2.5 mm2 #14 AWG #14 AWG 2.5 mm2

Wire Strip Length 8 mm (0.31") 8 mm (0.31")
Recommended Tightening Torque 0.5 Nm (4.2 to 4.6 lb-in.) 0.5 Nm (4.2 to 4.6 lb-in.)
Density 197/m (60 pcs./ft) 197/m (60 pcs./ft)
Insulation Temperature Range -40 to 90°C (-40 to 195°F) -40 to 90°C (-40 to 195°F)

Standard 
Thermocouple 
Blocks

PRICE
BAR MATERIAL MODEL NO. PKG OF 10
Chrome/Constantan - Type E OMTBV7-WTC3E-10 $100
Iron/Constantan - Type J OMTBV7-WTC3J-10 100
Chromel/Alumel - Type K OMTBV7-WTC3K-10 100
Copper/Constantan - Type T OMTBV7-WTC3T-10 100
ACCESSORIES
End Barrier (pkg of 50) OMTBV7-EB3-50 $38
End Anchors-50 (pkg of 50) -10 (pkg of 10)
Screw Type—Normal Duty OMTBV7-EA35-50 55
Screw Type—Heavy Duty OMTBV7-EAH35-10 44
SPECIFICATIONS
Wire Range (Rated Cross Section) 0.2 to 2.5 mm (#28 to #14 AWG)
Wire Strip Length 10 mm (0.35")
Recommended Tightening Torque 0.6 Nm (5.0 to 5.6 lb-in.)
Density 100/m (30 pcs./ft)
Insulation Temperature Range -40 to 90°C (-40 to 195°F)

Ordering Examples: OMTBV7-WTC3K-10, K thermocouple terminal blocks, OMTBV7-EB3-50, end barriers, and OMTBV7-EAH35-10, 
end anchors, $100 + 38 + 44 = $182. OMTBV7-WTS3-25, sensor terminal blocks, $146.
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DIN RAIL TERMINAL BLOCKS
l Thermocouple and 

Sensor Terminal Blocks
l Type J, K, T, E Terminal Blocks
l Easy-to-Use Sensor Teminal Blocks
l Reliable Connections
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Temperature
Calibrators, Connectors, General Test and Measurement 
Instruments, Glass Bulb Thermometers, Handheld Instruments 
for Temperature Measurement, Ice Point References, 
Indicating Labels, Crayons, Cements and Lacquers, Infrared 
Temperature Measurement Instruments, Recorders Relative 
Humidity Measurement Instruments, RTD Probes, Elements 
and Assemblies,  Temperature & Process Meters, Timers and 
Counters,  Temperature and Process Controllers and Power 
Switching Devices, Thermistor Elements, Probes and 
Assemblies,Thermocouples Thermowells and Head and Well 
Assemblies, Transmitters, Wire

Pressure, Strain and Force
Displacement Transducers,  Dynamic Measurement
Force Sensors,  Instrumentation for Pressure and Strain 
Measurements,  Load Cells,  Pressure Gauges,  Pressure 
Reference Section,  Pressure Switches, Pressure Transducers, 
Proximity Transducers,  Regulators,  
Strain Gages,  Torque Transducers,  Valves

pH and Conductivity
Conductivity Instrumentation,  Dissolved Oxygen 
Instrumentation,   Environmental Instrumentation,  pH 
Electrodes and Instruments,  Water and Soil Analysis 
Instrumentation

Heaters
Band Heaters,  Cartridge Heaters,  Circulation Heaters,  
Comfort Heaters,  Controllers, Meters and Switching 
Devices,  Flexible Heaters,  General Test and Measurement 
Instruments,  Heater Hook-up Wire,  Heating Cable 
Systems,  Immersion Heaters,  Process Air and Duct,  
Heaters,  Radiant Heaters,  Strip Heaters,  Tubular Heaters

Flow and Level
Air Velocity Indicators,  Doppler Flowmeters,  Level 
Measurement,  Magnetic Flowmeters,  Mass Flowmeters,
Pitot Tubes,  Pumps, Rotameters, Turbine and Paddle Wheel 
Flowmeters,  Ultrasonic Flowmeters,   Valves, Variable Area 
Flowmeters,  Vortex Shedding Flowmeters

Data Acquisition
Auto-Dialers and Alarm Monitoring Systems, 
Communication Products and Converters,  Data 
Acquisition and Analysis Software,  Data Loggers
Plug-in Cards,  Signal Conditioners,  USB, RS232, RS485 
and Parallel Port Data Acquisition Systems,  Wireless 
Transmitters and Receivers
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