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ACCESSORIES

Multi-Axis Systems

Connect up to 4 drives on a mult-axis
system using SiNet™ Hub 444. Use
SiNet Hub Programmer™ software to
develop your sequence of events, then
download to the hub for a stand-alone
system or send serial commands to the
drives from a PC, PLC, HMI, or other
host controller.

Order
HUB 444
Separately.
See Page D-34
for Details.
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OMRC-050, $210, shown

smaller than actual size. Order Power

Supc
23 mut:rs é speeds Separately. See
RC050 Regen (:Iamp— >1- rps decelegation Page D-37 for
For Stepper Drive rate is > 100 Details.
Power Supply Protection rev/sec?

@ Voltage Range
24 to 80 Vdc

@ 50 W Power Dissipation
® Regen Present LED

® Power LED

®76x102x6.4mm (3x4x2.5") Order
SPECIFICATIONS OMRC-050
Input Power Cont: 50 W ses:'l',:';’“:'i,'}’és OMPS150A24,
Input Power Peak: 800 W for Details. Ul Cen
Voltage Range: 24 to 80 Vdc actual size.

SOFTWARE ST

Software

CONFIGURATOR™ Inciied
® Simple Drive Set-Up Purchase of
STM Drives!

® Store and Download
Configurations

To Order (specity Model Number) MOST POPULAR MODELS HIGHTLIGHTED!
MODEL NO. PRICE DESCRIPTION

“S” MODELS

STM17S-3AN $375 Integrated stepper drive/motor, 85 0z-in max torque, RS232
STM17S-3RN 380 Integrated stepper drive/motor, 85 oz-in max torque, RS485
STM17S-3AE 565 Integrated stepper drive/motor, 85 oz-in max torque, RS232, endcoder
STM17S-3RE 590 Integrated stepper drive/motor, 85 0z-in max torque, RS485, endcoder
STM23S-2AN 400 Integrated stepper drive/motor, 125 oz-in max torque, RS232
STM23S-2RN 475 Integrated stepper drive/motor, 125 oz-in max torque, RS485
STM23S-2AE 600 Integrated stepper drive/motor, 125 o0z-in max torque, RS232, encoder
STM23S-2RE 675 Integrated stepper drive/motor, 125 o0z-in max torque, RS485, encoder
STM23S-3AN 450 Integrated stepper drive/motor, 210 oz-in max torque, RS232
STM23S-3RN 500 Integrated stepper drive/motor, 210 oz-in max torque, RS485
STM23S-3AE 650 Integrated stepper drive/motor, 210 oz-in max torque, RS232, encoder
STM23S-3RE 725 Integrated stepper drive/motor, 210 oz-in max torque, RS485, encoder
“Q” MODELS

STM23Q-2AN $550 Integrated stepper drive/motor, 125 oz-in max torque, RS232
STM23Q-2RN 600 Integrated stepper drive/motor, 125 o0z-in max torque, RS485
STM23Q-2AE 750 Integrated stepper drive/motor, 125 oz-in max torque, RS232, encoder
STM23Q-2RE 800 Integrated stepper drive/motor, 125 oz-in max torque, RS485, encoder
STM23Q-3AN 585 Integrated stepper drive/motor, 210 oz-in max torque, RS232
STM23Q-3RN 650 Integrated stepper drive/motor, 210 0z-in max torque, RS485
STM23Q-3AE 800 Integrated stepper drive/motor, 210 0z-in max torque, RS232, encoder
STM23Q-3RE 860 Integrated stepper drive/motor, 210 0z-in max torque, RS485, encoder
OMPS150A24 $180 Power supply for STM drive, 24 Vdc, 6.3 A

OMPS300A48 266 Power supply for STM drive, 48 Vdc, 6.7 A

HUB 444 320 Multi-axis motion serial hub

HUB 444 DIN RAIL 320 Multi-axis motion serial hub with DIN-rail mounting kit

Comes complete with software and download cable. Note: Power supply is required (sold separately).

Ordering Examples: STM23S-2AE, integrated stepper drive/motor with 125 oz-in holding torque and RS232 interface plus 1000-line encoder
and OMPS150A24, 24 V/dc power supply, $600 + 180 = $780. STM23S-2RN, integrated stepper drive/motor with 125 oz-in holding torque and
RS485 interface and OMPS150A24, 24 Vdc power supply, $475 + 180 = $655.
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omega.com-

Your One-Stop Source for Process Measurement and Control!

‘ One Omega Drive | Stamford, CT 06907 | 1-888-TC-OMEGA (1-888-826-6342) | info@omega.com

www.omega.com

UNITED KINGDOM

Manchester, England

0800-488-488

UNITED STATES
www.omega.com

FRANCE

www.omeaga.fr
Guyancourt, France

088-466-342

1-800-TC-OMEGA
Stamford, CT.

CANADA CZECH REPUBLIC
www.omega.ca www.omegaeng.cz

Laval(Quebec) Karvina, Czech Republic

1-800-TC-OMEGA 596-311-899
GERMANY BENELUX
www.omega.de www.omega.nl

Amstelveen, NL
0800-099-33-44

Deckenpfronn, Germany
0800-8266342

More than 100,000 Products Available!

o Temperature

Calibrators, Connectors, General Test and Measurement
Instruments, Glass Bulb Thermometers, Handheld Instruments
for Temperature Measurement, Ice Point References,
Indicating Labels, Crayons, Cements and Lacquers, Infrared
Temperature Measurement Instruments, Recorders Relative
Humidity Measurement Instruments, RTD Probes, Elements
and Assemblies, Temperature & Process Meters, Timers and
Counters, Temperature and Process Controllers and Power
Switching Devices, Thermistor Elements, Probes and
Assemblies, Thermocouples Thermowells and Head and Well
Assemblies, Transmitters, Wire

o Flow and Level

Air Velocity Indicators, Doppler Flowmeters, Level
Measurement, Magnetic Flowmeters, Mass Flowmeters,
Pitot Tubes, Pumps, Rotameters, Turbine and Paddle Wheel
Flowmeters, Ultrasonic Flowmeters, Valves,Variable Area
Flowmeters, Vortex Shedding Flowmeters

« pH and Conductivity

Conductivity Instrumentation, Dissolved Oxygen
Instrumentation, Environmental Instrumentation, pH
Electrodes and Instruments, Water and Soil Analysis
Instrumentation

« Data Acquisition

Auto-Dialers and Alarm Monitoring Systems,
Communication Products and Converters, Data
Acquisition and Analysis Software, Data Loggers
Plug-in Cards, Signal Conditioners, USB,R5232, RS485
and Parallel Port Data Acquisition Systems, Wireless
Transmitters and Receivers

e Pressure, Strain and Force

Displacement Transducers, Dynamic Measurement

Force Sensors, Instrumentation for Pressure and Strain
Measurements, Load Cells, Pressure Gauges, Pressure
Reference Section, Pressure Switches, Pressure Transducers,
Proximity Transducers, Regulators,

Strain Gages, Torque Transducers, Valves

o Heaters

Band Heaters, Cartridge Heaters, Circulation Heaters,
Comfort Heaters, Controllers, Meters and Switching
Devices, Flexible Heaters, General Test and Measurement
Instruments, Heater Hook-up Wire, Heating Cable
Systems, Immersion Heaters, Process Air and Duct,
Heaters, Radiant Heaters, Strip Heaters, Tubular Heaters

e click here to go to the omega.com home page e
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