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UWTC models include a free 1 m (40") Type K
insulated beaded wire thermocouple with
subminiature connector and wire spool caddy
(1 per channel). Order a Spare! 
Model No. SC-GG-K-30-36, $15.

Free 
Thermocouple Included!
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