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MOUNTING CONFIGURATIONS

PANEL MOUNT SURFACE MOUNT HORIZONTAL
PIPE MOUNT

VERTICAL
PIPE MOUNT
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PHUCN601

ALARM

ALARM

RELAY B

RELAY A

CAL UP DOWN ENTER

TEMP

MINIMUM
INTERIOR

CLEARANCE
FOR PANEL
MOUNTING
162 (6.37)

MOUNTING
BRACKET

97
(3.80)

TOP VIEW

PANEL CUTOUT

91
(3.60)

91
(3.60)

FRONT VIEW

SIDE VIEW

128
(5.05)

1⁄2  CONDUIT HOLES
4 PLACES

29
(1.15)

184
(7.23)

145
(5.70)

10
(0.38)

7.0
(0.26)

4 PLACES

64
(2.5)

5.0
(0.20)

4 PLACES

MOUNTING
BRACKET

117
(4.63)
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Comes complete with operator’s manual. 
* Insert cable length in feet
Ordering Examples: PHUTX601, pH transmitter, PHE-600, pH electrode, $525 + 575 = $1100.
PHUCN601, pH/ORP/conductivity controller, CDE-600-01, conductivity cell, $950 + 195 = $1145.
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