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To Order (Specify Model Number)
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Thermocouple models include a free 1 m (40") Type K or appropriate
alternative beaded wire thermocouple with subminiature connector and
wire spool caddy (1 per channel).
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Free Thermocouple Included!

Comes complete with protective rubber boot with tilt stand, 9V
alkaline battery and operator’s manual. Temperature models include
1 or 2 beaded wire thermocouples (1 per channel).
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Ordering Examples: HH501AJK, single input handheld thermometer, 
for J or K thermocouples, $95.
HH501BJK, dual input handheld thermometer, for J or K 
thermocouples, $109.
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