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Economical Turbine Flow Meters with Local Display
TM05NQ9GMA
TM05NQ9GMA

	
		



      
				
					Both Rate and Total Indication
	3% Reading Accuracy
	6-Digit LCD Display
	Reads GPM or LPM


					
						View Specs
					
				

				
					

			


		
	
	
	
	



			


		    	
		    	TM05NQ9GMA Model Options 

		    	View all models
		    	
		    	Edit these specs to order a different model. Not all combinations are valid. Options compatible with previous selections will be in bold.

		    	

		    	*Highlighted options are not compatible. Please select a different combination.

    					
		    	           
		                Flow Range

		               
		                
		                            
		                                        
		                                            
		                                        

		                                        
		                                                1 to 10 GPM

		                                                2 to 20 GPM

		                                                5 to 50 GPM

		                                                10 to 100 GPM

		                                                20 to 200 GPM

		                                                40 to 400 GPM


		                                    

		                                

		                            

		                

		                           
		                Output Signal

		               
		                
		                            
		                                        
		                                            
		                                        

		                                        
		                                                Not Applicable

		                                                Amplified Square Wave


		                                    

		                                

		                            

		                

		                           
		                Process Connection Type

		               
		                
		                            
		                                        
		                                            
		                                        

		                                        
		                                                NPT Female

		                                                Flanged


		                                    

		                                

		                            

		                

		                           
		                Process Connection Size

		               
		                
		                            
		                                        
		                                            
		                                        

		                                        
		                                                1/2"

		                                                3/4"

		                                                1"

		                                                1-1/2"

		                                                2"

		                                                3"


		                                    

		                                

		                            

		                

		                           
		                Display

		               
		                
		                            
		                                        
		                                            
		                                        

		                                        
		                                                LCD

		                                                No Display


		                                    

		                                

		                            

		                

		                
		                Category

		               
		                
		                            
		                                        
		                                            
		                                        

		                                        
		                                                Meter


		                                    

		                                

		                            

		                

		                
		                Media type

		               
		                
		                            
		                                        
		                                            
		                                        

		                                        
		                                                Liquid


		                                    

		                                

		                            

		                

		                
		                Accuracy

		               
		                
		                            
		                                        
		                                            
		                                        

		                                        
		                                                ±3%


		                                    

		                                

		                            

		                

		                
		                Max Operating Pressure

		               
		                
		                            
		                                        
		                                            
		                                        

		                                        
		                                                225 psi


		                                    

		                                

		                            

		                

		                
		                Max Process Temperature

		               
		                
		                            
		                                        
		                                            
		                                        

		                                        
		                                                60 °C (140 °F)


		                                    

		                                

		                            

		                

		                
		                Wetted Materials

		               
		                
		                            
		                                        
		                                            
		                                        

		                                        
		                                                316 SS, PVC, Ceramic, Tungsten Carbide, PVDF, FKM


		                                    

		                                

		                            

		                

		                

		    

    	



	




	
	Specs 



	
		
           
            
                Edit Model Options
            
          

           
            

          

        

        
			
				
	

				
						Accuracy Value

						±3% rdg Extended Low Flow Range Accuracy: ±5.0% rdg (display models only)
						
	
						Maximum Operating Pressure

						150 psig (10.3 bar)
						
	
						Maximum Ambient Temperature

						60°C (140°F)
						
	
						Output Signal

						Open collector sinking
						
	
						Minimum Ambient Temperature

						0°C (32°F)
						


		



		

		
			
				
					
	FTB690 Series turbine meters with microprocessor-based electronics offers a durable, compact, high-precision fluid measurement device, with total and rate indication. Information is clearly displayed on a large 6-digit liquid crystal display with only 2-point floating decimal for totals from 0.01 to 999,999. All operations are easily performed with only 2 buttons. The basic unit and display are powered by 2 lithium batteries (included), providing up to 5 years of use. Cumulative total, batch total, and rate of flow are standard. A fifteen-point field calibration curve can be stored in memory.

 The FLSC690-BATT is the replacement lithium battery for the display electronics. Batteries provide 9000 hours of use.

SPECIFICATIONS
 Accuracy: ±3% rdg Extended Low Flow Range Accuracy: ±5.0% rdg (display models only)
 Repeatability: ±0.1%
 Pressure Rating: 150 psig (10.3 bar)
 Maximum Pressure Rating: 225 psi
 Temperatures:
     Operational: 0 to 60°C (32 to 140°F)
     Storage: -40 to 70°C (-40 to 158°F)
 Viscosity: Rated accuracy for fluids with viscosity of water (1 centistoke); meters with display can be used for fluids up to 100 centistokes with field calibration
 Pulse Output (Option): Open collector sinking, 9 to 35 Vdc
 Wetted Components:
     Housing: PVC
     Journal Bearings: Ceramic (96% alumina)
     Shaft: Tungsten carbide
     Rotor and Supports: PVDF
     Retaining Rings: 316 SS
 Display: 6-digit LCD, flow rate, batch and cumulative total
 Power: Two 3V lithium batteries (included)
 Battery Life: 5 years
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					Manuals & Guides (1)
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            Can this unit totalize flows of less than one gallon per minute?
        

        
            
        

        Asked by: Flow Man


        
            Thank you for your inquiry about the inline flow meter.  Unfortunately, it will not totalize water or register a value.  The minimum flow is one gallon per minute.
            Answered by: Application Engineer JC

            Date published: 2023-08-24

        

    

    
        
            Item: FTB691A Economical Turbine Flow Meter with LCD Display ?can we add a digital display to this? currently 9' up and want to prevent climbing on a ladder to read.
        

        
            
        

        Asked by: Anonymous


        
            Thank you for your inquiry!  If a remote display is desired rather than one attached to the unit the -P option can be selected and paired with a pulse input panel meter.
            Answered by: Application Engineer JM

            Date published: 2021-12-14

        

    

    
        
            Is this unit intrinsically safe?
        

        
            
        

        Asked by: Tripp


        
            Thank you for your inquiry about the inline flow meter.  Unfortunately, the PVC style is not rated for hazardous applications, the stainless steel version is which is the G2S05N09GMA series has the FMA approval for Class 1, Div 1 hazardous environments.
            Answered by: Application Engineer JC

            Date published: 2022-03-30

        

    

    
        
            i need a calibrated flow meter can you put a calibration sticker on it and give me a certificate of calibration. Also would i be able to get it calibrated annually, If so by whom?
        

        
            
        

        Asked by: gabriel


        
            Thank you for your inquiry about the inline flow meter.  Unfortunately, there is no option for a NIST certificate to provide.  You may have it sent out to an outside Calibration facility and have it calibrated on an annual basis.
            Answered by: Application Engineer JC

            Date published: 2021-08-06
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 SKU Number*
 Comments
				Please provide RoHS information on partnumber: TM05NQ9GMA
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						Quick View								 
									  
					

					
					
						Battery Powered Indicating Flow Meter For Rate or
					
 	

					
						High Accuracy Digital Paddlewheel Technology Pipe Sizes from 3/8 to 2" Tamper Proof Factory Programming Easy to Read 6-Digit LCD Display, Up to 4 Decimal Places Battery Operated (2 "AAA" Batteries Included) Very Low Pressure Drop Total Reset Function Can ...
					
			

					
						See More
					

				

			
								
					
					
					
					
						
						
					
					
					  
				 
				   
				
					  
						Quick View								 
									  
					

					
					
						NSF/ANSI Certified Turbine Flow Meters
					
 	

					
						Compact sizeMeasurement in any meter orientationOperating pressure up to 362.50 psi (25 bar)Temperature range of –4…212° F (–20…100° C).
					
			

					
						See More
					

				

			
								
					
					
					
					
						
						
					
					
					  
				 
				   
				
					  
						Quick View								 
									  
					

					
					
						Turbine Flow Meter For Water Totalization
					
 	

					
						For Water Flows from 0.15 to 2600 GPM Scaled Pulse Output Available for Remote Totalization Indication For Hot or Cold Water Applications Up to ±1.5% of Reading Accuracy.
					
			

					
						See More
					

				

			
								
					
					
					
					
						
						
					
					
					  
				 
				   
				
					  
						Quick View								 
									  
					

					
					
						Hot Water Flow Meters for Totalization and Rate
					
 	

					
						Flow Rates from 0.22 to 132 GPM 150 psi Maximum Operating Pressure 90°C (194°F) Maximum Operating Temperature Field-Adjustable Pulse Output (Optional).
					
			

					
						See More
					

				

			
								
					
					
					
					
						
						
					
					
					  
				 
				   
				
					  
						Quick View								 
									  
					

					
					
						Wall Mount Ultrasonic Flow Meter
					
 	

					
						Accuracy 1%Repeatability 0.2%Positive, Negative and Net Totalizer2-Line LCD Display.
					
			

					
						See More
					

				

			
			

			

		

	
	
		
			More Related Items

			
				
					4 20ma output for q9 display
				
					type d digital cable 10ft
				
					type t high temp cable 5ft
				
					computer display for 793
				
					light meters
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										Montserrat
									
								
	
									
										
										Morocco
									
								
	
									
										
										Mozambique
									
								
	
									
										
										Myanmar
									
								
	
									
										
										Namibia
									
								
	
									
										
										Nauru
									
								
	
									
										
										Nepal
									
								
	
									
										
										Netherlands
									
								
	
									
										
										New Caledonia
									
								
	
									
										
										New Zealand
									
								
	
									
										
										Nicaragua
									
								
	
									
										
										Niger
									
								
	
									
										
										Nigeria
									
								
	
									
										
										Niue
									
								
	
									
										
										Norfolk Island
									
								
	
									
										
										Northern Mariana Islands
									
								
	
									
										
										Norway
									
								
	
									
										
										Oman
									
								
	
									
										
										Pakistan
									
								
	
									
										
										Palau
									
								
	
									
										
										Palestinian Territory
									
								
	
									
										
										Panama
									
								
	
									
										
										Papua New Guinea
									
								
	
									
										
										Paraguay
									
								
	
									
										
										Peru
									
								
	
									
										
										Philippines
									
								
	
									
										
										Pitcairn
									
								
	
									
										
										Poland
									
								
	
									
										
										Portugal
									
								
	
									
										
										Puerto Rico
									
								
	
									
										
										Qatar
									
								
	
									
										
										Reunion
									
								
	
									
										
										Romania
									
								
	
									
										
										Russian Federation
									
								
	
									
										
										Rwanda
									
								
	
									
										
										Saint Barthélemy
									
								
	
									
										
										Saint Helena, Ascension and Tristan da Cunha
									
								
	
									
										
										Saint Kitts and Nevis
									
								
	
									
										
										Saint Lucia
									
								
	
									
										
										Saint Martin (French part)
									
								
	
									
										
										Saint Pierre and Miquelon
									
								
	
									
										
										Saint Vincent and the Grenadines
									
								
	
									
										
										Samoa
									
								
	
									
										
										San Marino
									
								
	
									
										
										Sao Tome and Principe
									
								
	
									
										
										Saudi Arabia
									
								
	
									
										
										Senegal
									
								
	
									
										
										Serbia
									
								
	
									
										
										Seychelles
									
								
	
									
										
										Sierra Leone
									
								
	
									
										
										Singapore
									
								
	
									
										
										Sint Maarten (Dutch part)
									
								
	
									
										
										Slovakia
									
								
	
									
										
										Slovenia
									
								
	
									
										
										Solomon Islands
									
								
	
									
										
										Somalia
									
								
	
									
										
										South Africa
									
								
	
									
										
										South Georgia and the South Sandwich Islands
									
								
	
									
										
										Spain
									
								
	
									
										
										Sri Lanka
									
								
	
									
										
										Sudan
									
								
	
									
										
										Suriname
									
								
	
									
										
										Svalbard and Jan Mayen
									
								
	
									
										
										Swaziland
									
								
	
									
										
										Sweden
									
								
	
									
										
										Switzerland
									
								
	
									
										
										Syrian Arab Republic
									
								
	
									
										
										Taiwan
									
								
	
									
										
										Tajikistan
									
								
	
									
										
										Tanzania
									
								
	
									
										
										Thailand
									
								
	
									
										
										Timor-Leste
									
								
	
									
										
										Togo
									
								
	
									
										
										Tokelau
									
								
	
									
										
										Tonga
									
								
	
									
										
										Trinidad and Tobago
									
								
	
									
										
										Tunisia
									
								
	
									
										
										Turkey
									
								
	
									
										
										Turkmenistan
									
								
	
									
										
										Turks and Caicos Islands
									
								
	
									
										
										Tuvalu
									
								
	
									
										
										Uganda
									
								
	
									
										
										Ukraine
									
								
	
									
										
										United Arab Emirates
									
								
	
									
										
										United Kingdom
									
								
	
									
										
										United States
									
								
	
									
										
										United States Minor Outlying Islands
									
								
	
									
										
										Uruguay
									
								
	
									
										
										Uzbekistan
									
								
	
									
										
										Vanuatu
									
								
	
									
										
										Venezuela
									
								
	
									
										
										Viet Nam
									
								
	
									
										
										Virgin Islands, British
									
								
	
									
										
										Virgin Islands, U.S.
									
								
	
									
										
										Wallis and Futuna
									
								
	
									
										
										Western Sahara
									
								
	
									
										
										Yemen
									
								
	
									
										
										Zambia
									
								
	
									
										
										Zimbabwe
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